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FACE WIDTH = 1.800£0.020

EXPOSED BEAD WIDTH = 0.250£0.010
SIDING POCKET WIDTH = 0.625%+0.030
TOTAL WIDTH = 3.000£0.250

HIDDEN GAP WIDTH = 0.000 TO 0.250
NAIL SLOTS CENTER = 0.250£.062
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WALL THICKNESS EXPOSED = 044 = 035

WEICGHT PER FOOT — — — = 185 LBS.
OVERALL LENGTH — — — = 12'-6"
WARP — — — — — — — = 1257/PANEL
WEEP HOLE — — — — — = N/A
NAIL CENTER — — — — — = 16"
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