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LOW PROFILE STANDARD SELF FLASHING

*MINIMUM  3/12 PITCH REQUIRED*

AMERICAN SKYLITES

525

113th STREET ~ ARLINGTON, TEXAS 76011
Phone 800.772.7401

Fax 800.445.7282

SPECIFICATIONS

TEST METHOD TEST PRESSURE ALLOWED
AR INFILTRATION 6.24 PSF (50 MPH) | 0.03 CFM/FT
ASTM E283
WATER PENETRATION TEST PRESSURE NO LEAKAGE
ASTM E547/E331 15.0 PSF
UNIFORM LOAD POSITIVE 69.0 PSF 60.0 PSF MIN
ASTM E330 NEGATIVE 75.0 PSF 40.0 PSF MIN




