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BESAM VERSAMAX ICU
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NOTE:

THE STANDARD PACKAGE CONSISTS OF:

THE HEADER, FRAME, NARROW STILE DOOR(S> & SIDELITE(S),

PULL HANDLECS), RECESSED FINGER PULLCS), GLASS STOPS & BLOCKS FOR 1/4 63>
TEMPERED GLASS, BREAKAWAY, VERTICAL WEATHER-STRIPPING, HEAVY

DUTY FULL SIZE INDUSTRIAL CARRIER WHEELS AND TRACK ASSEMBLY,

TAMPER PROOF COVER LATCHES, FULL OPEN DAMPENING DEVICE,

FAST AND SLOW LEAF TIMING BELT ASSEMBLY, AND REPLACEMENT

PARTS COMMON TO STANDARD DOOR LINE.

STANDARD FINISH:
CLEAR - AA-MI2C22A44, CLASS 1, 018 MM.
SPECIAL FINISHES ARE AVAILABLE.

OPTIONS:
MEDIUM STILE RAILS, POSITIVE LATCHING, BREAKIJJT DAMPE!D? WITH 90° STOPS

5/8', 1’ & 1 174" INSULATED CLEAN ROOM ENVIRONMENTS,
UNTINS, SELF CLOSING, WJBLE 'C' HAN]I.ES, CLIZISING DAMm 1 WIDE JAMBS,
7' & 10 BOTTOM RAILS, ANTI-STATIC AND NURSE ASSIST MAGNETIC CATCHES.

NOTE: DRAWING IS DIMENSIONED IN BOTH ENGLISH AND METRIC.
REF. AS FOLLOVS: 1%@5.4), ALL METRIC SIZES ARE MILLIMETERS.

DOOR PACKAGE WITH 1 3/4” JAMBS
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CONSULT FACTORY FOR ALL CUSTOM CONFIGURATION SIZES OR SIZES OVER 14
ALL PACKAGES REQUIRE OVERHEAD SUPPORT.
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CONSULT FACTORY FOR ALL CUSTOM CONFIGURATION SIZES OR SIZES OVER 14
ALL PACKAGES REQUIRE OVERHEAD SUPPORT.
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VIEW FROM BREAK OUT SIDE
DOORS WILL BREAKOUT FROM ANY POSITION
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