Zone Chart for Dimensional References
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R Width No Windlocks Windlocked
Opening Height Zome | H | B T D X Y V4
10'-0" 1 |15"|16" 6" | 8-1/2"|3-7/8" | 4-3/8" | 6-1/2"
2 |17"|18"| 6" |8-12"| 5" |4-3/8"|6-1/2"
3 |19"20"| 6" |8-1/2"| 5" |4-3/8"|6-1/2"
¢ 4 21"22"| 6" |8-12"| 5" |4-3/8"|6-1/2"
5 |17"18" 6-1/2" | 9-1/2" | 6" | 4-3/4" | 7-1/2"
{ Opening Width 6 |19"20" 6-1/2" | 9-1/2" | 6" |4-3/4"|7-1/2"
10'-0 7 21"22" 612" [ 912" | 6" | 4-3/4" | 7-172"
8 |23"|24"| 6-1/2" | 9-1/2" | 6" | 4-3/4"| 7-1/2"
® Consult factory if headroom is critical or for sizes not listed.
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Motor | Extra Backroom | Headroom 22, 20 or 18 Gauge Steel Face Slat
H 20-1/2" 23" 10' 7-1/4" 24 Gauge Steel Backer )
GH 17" 30° X" D NSION Expanded Polystyrene Insulation
"X" Dimension = Opening Width + 7-1/4" (Non-Windlocked)
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