OPTIONAL TRAFFIC LIGHT

HOUSING ASSEMBLY

BARRIER ARM ASSEMBLY

OPTIONAL LED LIGHT BAR RECEIVER ASSEMBLY

CONCRETE FOUNDATION
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GRADE 8 THREADED ROD
WITH HEX NUT AND FLAT WASHER

BOTTOM HEX NUT LOCATED
ONLY ON CORNERS, USED
FOR LEVELING HOUSING AND
RECEIVER

| JAM NUTS TO HOLD STUDS
IN PLACE
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THIS FOUNDATION REQUIRES A SINGLE LAYER OF #8
REBAR AT THE DIMENSIONS LISTED LONG WAY AND
20" CENTERS FRONT TO BACK ON THE BOTTOM
FACE OF THE SLAB, 2” CONCRETE COVER TO THE
BOTTOM FACE, RUNNING THE LENGTH OF THE

SLAB (END TO END OF THE BARRIER).

CONCRETE

SHOULD BE MINIMUM 4,000 PSI COMPRESSIVE
STRENGTH, WITH GRADE 60 REBAR.
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/ BOTTOM HEX NUT ONLY

LOCATED ON CORNERS.

WITH HEX NUT AND FLAT WASHER
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