
Item no. Gratings Material Slot-/Mesh width Lbs Kg

⃝ 17020328
ADA HEELPROOF 

Perforated grating
stainless steel

39.40"/8.74"/0.78" 

1000/222/20
C 250 kN Ø 1/4"  hole (6,0 mm) 29.76 13.5 44.64 288

⃝ 17020329
ADA HEELPROOF 

Perforated grating
stainless steel

19.70"/8.74"/0.78" 

500/222/20
C 250 kN Ø 1/4"  hole (6,0 mm) 14.77 6.7 44.64 288

Gratings FILCOTEN® pro – E 200 (8") with fiX self-locking system.
Load class 
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