
EVERGUARD® MEMBRANE

NOTES:
1. EXISTING REGLET IS ACCEPTABLE IF METAL IS IN GOOD CONDITION.
2. IF EVERGUARD® SA MEMBRANE IS USED, BONDING ADHESIVE IS NOT NEEDED AND WALL MUST BE PRIMED.
3. IF EVERGUARD® SMOOTH BACK MEMBRANE IS USED FOR WALL FLASHING, ADHESIVE IS REQUIRED FOR HEIGHTS

30" - 66" [762 mm - 1.68 m].
4. EXPOSED WALLS/CURBS MUST BE WATERPROOFED AND MAINTAINED ABOVE THE BASE FLASHING IN ORDER FOR

ANY SURFACE-MOUNTED TERMINATION TO BE EFFECTIVE.

OPTIONAL REGLET OR SURFACE
MOUNTED COUNTER-FLASHING

4" [102 mm]
MINIMUM

FLEXSEAL™ CAULK-GRADE SEALANT

DRILL-TEC™ TERMINATION BAR
FASTENED 12" [305 mm] O.C. W/

DRILL-TEC™ FASTENERS AND
SEALING WASHERS

EVERGUARD®

WATER-BLOCK OR
FLEXSEAL™

CAULK-GRADE
SEALANT

EVERGUARD®

BONDING ADHESIVE
(OPTIONAL; SEE

NOTES 2 & 3)

WOOD NAILER 2" [51
mm] x 4" [102 mm]

MINIMUM SECURED
TO DECK (OPTIONAL)

8"
[203 mm]
MINIMUM

MULTIPLE LAYERS OF
ENERGYGUARD™ ROOF
INSULATION

ROOF DECK / SUBSTRATE

DRILL-TEC™ PLATES & FASTENERS
12" [305 mm] O.C.

LEGEND
HEAT WELD

SEALANT
ADHESIVE

All information contained within this document applies only to the specified product(s) and/or detail, and
is the property of GAF. This document may not be distributed, modified, or reproduced in any format,

written, verbal or otherwise, without prior written approval from GAF.

DETAIL

SCALEISSUE DATEROOF AREA

EverGuard

®

 SA TPO

Self-Adhered Single Ply Roofing System
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