
ROOF DECK/SUBSTRATE

HEAT-WELDED LAP (SEE NOTE #2)

REINFORCED EVERGUARD®

MEMBRANE FIELD SHEETS
(NOT TO SCALE) GAF CUT EDGE SEALANT

ON CUT TPO AND PVC
EDGES (OPTIONAL)

REINFORCED EVERGUARD® MEMBRANE

GAF CUT EDGE SEALANT ON CUT TPO AND PVC EDGES (OPTIONAL)

ENERGYGUARD™ ROOF INSULATION

3" (76 mm) MIN.

All information contained within this document applies only to the specified product(s) and/or detail, and
is the property of GAF. This document may not be distributed, modified, or reproduced in any format,

written, verbal or otherwise, without prior written approval from GAF.

DETAIL

SCALEISSUE DATEROOF AREA 104AN.T.S.2/23/2023FIELD OF ROOF

END LAP

EverGuard® TPO / PVC
Single Ply Roofing System

NOTES:
1. T-JOINT PATCH REQUIRED FOR 60, 70 & 80 MIL TPO AND 80 MIL PVC, REFER TO EVERGUARD® DETAIL 105.
2. FOR HEAT-WELDING LAPS USE 1.5" (38.1 mm) WELD WITH AUTOMATIC MACHINE WELDER AND 2" (50.8 mm) WELD

WITH HAND WELDER.
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