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THIS DETAIL APPLIES TO:

ALL SYSTEMS

INSIDE CORNER REINFORCMENT
- PREFORMED UNIVERSAL CORNER

327A

SINGLE-PLY: TPO & PVC  

8/24/20

NOTE:

1. FOR INSULATION THICKNESS GREATER THAN 8" (203 mm), A COVER BOARD IS REQUIRED ON MECHANICALLY ATTACHED
SYSTEMS ONLY.
2. 25 YEAR GUARANTEES AND ABOVE MUST USE EXTREME ACCESSORIES
3. FLASHINGS MAY BE ADHERED OR INSTALLED DRY. REFER TO 300 SERIES.
4. INSIDE CORNERS MAY ALSO BE FIELD-FABRICATED USING UNREINFORCED MEMBRANE.

ROOF DECK/SUBSTRATE

MULTIPLE LAYERS OF
ENERGYGUARD™

ROOF INSULATION

HEAT-WELDED

REINFORCED
EVERGUARD®

MEMBRANE

DRILL-TEC™ PLATES & FASTENERS
12" (305mm) O.C. (6" [152mm] O.C.
FOR BALLASTED SYSTEMS)
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