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THIS DETAIL APPLIES TO:

ALL SYSTEMS

STEEP-SLOPE TO LOW-SLOPE TRANSITION DETAIL
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SINGLE-PLY: TPO & PVC

 

7/15/21

NOTE:

1. MINIMUM SLOPE IS 2:12.

2. FOR INSULATION THICKNESS GREATER THAN 8” (203 mm), A COVER BOARD IS REQUIRED ON MECHANICALLY ATTACHED

SYSTEMS ONLY.

3. ADD BALLAST PER SPECIFICATION FOR BALLASTED SYSTEMS.
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SHINGLES, TILE, OR METAL

PANELS BY OTHERS

CONTINUE UNDERLAYMENT OVER

EVERGUARD

®

 MEMBRANE OR METAL

APPROVED FASTENERS

EVERGUARD

®

 WATER BLOCK

HEAT-WELDED

EVERGUARD

®

 BONDING ADHESIVE

-OPTIONAL UP TO 30" (762 mm) FLASHING HEIGHT

REINFORCED EVERGUARD

®

 MEMBRANE FOR TPO ONLY.

FOR PVC MEMBRANE, SUBSTITUTE WITH FLAT STOCK

METAL, FASTENED APPROPRIATELY.

MULTIPLE LAYERS OF

ENERGYGUARD

™

 ROOF

INSULATION, STAGGERED

AND OFFSET

ROOF DECK/SUBSTRATE
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