NOTES:

1. NAME PLATE

2. SER.#&I1.D. PLATE

3. AIR FLOW MONITOR 12V 115VAC (OPT)

4. LIGHT SWITCH

5. BLOWER SWITCH (OPT)

6. SERVICE FIXTURES LEFT OR RIGHT (OPT)

7. DUPLEX RECEPTACLE 115-230 15A 20A GFI (OPT)
8. AIRGAP

9. VAPOR PROOF LED LIGHT FIXTURE

10. EXPLOSION PROOF LIGHT FIXTURE

11. FLOOR MOUNT

12. REMOVABLE ACCESS PANEL

13. BYPASS BAFFLE

14. FIRE EXTINGUISHER HEAT-ACTIVATED DISCHARGE (OPT)

8 7 [ 5 - 4 3 2 [ 1
PART NUMBER | DIM"A"| DIM "B" PART NUMBER | DIM "C"[ DIM "D"
12100 30 22 12012 30 22
12103 36 28 12013 36 28
12104 48 40 12014 48 40
INTERNATIONAL 220V/50Hz AC ALL OF THE ABOVE HAVE EXPLOSION
12430 30 22 PROOF LIGHT FIXTURES
120 12233 36 28 120
g 54 33 12234 48 40 54 33
ALL OF THE ABOVE HAVE VAPOR
y . PROOF LIGHT FIXTURES y .
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FRONT VIEW FRONT VIEW

HORIZONTAL SASH

UNIFLOW LE FM 120" FLOOR MOUNT FUME HOOD
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