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Cat No. | Swage Type| Cable Size | Thread size Le(llgjth SPI'ZZ
25-314 Machine 1/8" 1/4" - 28 3-3/16" 1/4"
25-316 Machine 3/16" 1/4" - 28 3-5/16" 1/4"
25-318-7 Machine 1/4" 5/16" - 24 3-1/4" | 5/16"
25-308 Machine 1/4" 3/8" - 24 3-3/4" 3/8"
26-415 Hand Crimp 1/8" 1/4" - 28 3-3/16" 1/4"
27-415 Hand Crimp 3/16" 1/4" - 28 3-5/8" 1/4"
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