PLAN

1-1/4" SCH 40
ALUMINUM PIPE
HAMDRAIL
(6005-T5)
BOTH SIDES

INTERMAL
ALLIMIMUIN
FITTINGS

BJ'T‘I"F"

B—

1/2" MIN
127 MAX

(AVAILABLE RANGE
60" TO 70°)

ALUMINUM SHIPS STAIR w/WALK-THRU

42"
e HH 1'=11 3/4° |
L '-"'I.
5" x 2" x 3/16"
ALUMIMLUM CHAMNMEL
STRINGER
(B005—TS)
NOTE:
ALL BOLTS/FASTEMERS
MECESSARY TO ANCHOR 20 FT MAX

LaDDER ARE BY OTHERS.

1/4" x 2" x 3" 52

O%HA 1910.25%

FLOOR ERACKEFI_; AS REQ'D —‘

I— 26" STD —‘

[AVAILABLE FROM 28" UP TO 48" WIDE)

(A) MOUNTING BRACKET
(B005-TS)

434"

BRACKET WELDED TO
INSIDE OF STRINGER

ALUMINUM TREAD

(6005-T5)
‘ 5-3/16" ‘
|
o o) ,J_ 1
—
I

1=1/4" x 1=1/4" x 1/4"
AMGLE WELDED TO TREAD

TREAD WELDED AND BOLTED
TO STRINGER WITH é#-
ROUMD HEAD BOLT

FACTORY FINISH
ALUMINUM—MILL FINISH
SL-02
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