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600 — 43-1/2" H
GLAZING ROUGH OPENING =
47-3/4" W (1213 mm) x 43-3/4" H (1111 mm) % TWO STANDARD WINDOW HEIGHTS
MASONRY ROUGH OPENING =
48" W (1219 mm) x 447 H (1118 mm) 43—1/2" H WITH 20"W x 34—3/4"H SERVICE OPENING
600 — 35-3/4" H 35-3/4" H WITH 20"W x 27”H SERVICE OPENING
GLAZING ROUGH OPENING = CUSTOM SIZES ALSO AVAILABLE. PLEASE
47-3/47 W (1213 mm) x 36" H (914 mm) CONTACT READY ACCESS FOR MORE
MASONRY ROUGH OPENING = INFORMATION.

48” W (1219 mm) x 36—1/4" H (921 mm)
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