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LOAD BEARING WALL (SEE PLANNING GUIDE)

990mm
838mm

MOUNTING BRACKET

n

£

P |

l—203mm—|

381 mm———
559mm

ALTERNATIVE MOUNTING

MOUNTING BRACKET

1067 mm OVERALL DIMENSION

4 WALL ANCHOR POINTS MIN. PER BRACKET
2 PER SIDE OF RAIL BRACKET CENTER LINE
PULL OUT FORCE PER FASTENER 69 kg [152 LBS]

*CANNOT HAVE HABITABLE SPACE BELOW PIT*

CHARACTERISTICS

CAB DOOR TYPE: LIGHT CURTAIN
ENTRANCE DOOR TYPE: ALUMINUMSWING DOORS

ALUMINUM DOOR FRAME FINISH: RAL7047 (GREY) / RAL9003 (WHITE) / RAL9011 (BLACK)
ALUMINUM DOOR FRAME INSERTS: CLEAR GLASS / FROSTED GLASS
CAB HEIGHT: 2030mm / 2133mm / 2438mm

1558mm
—~=—————— FINISHED RUNWAY ——————

BELOW RAIL FORCES
THE MOTOR
FINAL CONSULT YOUR
RAIL REPRESENTATIVE
BRACKET FOR EXACT ~~ AN
LOCATION ~ *Q-
RB3 R1 R2
IN?:-:?QWT_ S 138.2 kg 88.2 kg
INTERMEDIATE
RAIL AFTER RAIL ASSY  245kg/m
BRACKET 2nd BOTTOM :
RB2 BRACKET PIT FORCE: R3
BOTTOM 991&“’“ PIT FLOOR TO SUPPORT
RAIL 1804mm LOAD OF(INCLUDES IMPACT)
BRACKET ABOVE PIT 2909 kg
RB1 FLOOR

LENGTH
1470mm
—~———— [OVERALL CAB———
18mm LENGTH 70mm
RUNNING —=||=—o —| [==— RUNNING
CLEARANCE CLEARANCE
1400mm
————— CLEAR CAB——
DEPTH
—=——813mm DBG ——|
M 752mm ———=|
16Smm X 165mm
ACCESS DOOR
SEE NOTE £31 DN PAGE 3 G RAIL BRKT
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[DOCUMENT REVISION 000, DATE: 2022-03-29
ENTRANCE SIDE LEGEND ECLIPSE TYPE 1L 1100mmx1400mm

SIDEA

SIDE B

ALL INFORMATION IS SUBJECT TO CHANGE.

PLEASE REFERENCE OUR ON-LINE DRAWINGS AT
www.savaria.com.au
FOR THE MOST RECENT UPDATES

THE INFORMATION DISCLOSED HEREIN IS THE EXCLUSIVE PROPERTY OF

AND MAY NOT BE USED BY OTHERS WITHOUT PRIOR WRITTEN CONSENT
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