50 mm

CHARACTERISTICS

CAB DOOR TYPE: LIGHT CURTAIN

ENTRANCE DOOR TYPE: ALUMINUMSWING DOORS

ALUMINUM DOOR FRAME FINISH: RAL7047 (GREY) / RAL9003 (WHITE) / RAL9011 (BLACK)
ALUMINUM DOOR FRAME INSERTS: CLEAR GLASS / FROSTED GLASS

CAB HEIGHT: 2030mm / 2133mm / 2438mm

1558mm
|—~+———— FINISHED RUNWAY ———
LENGTH
1470mm
OVERALL CAB———=
70mm LENGTH 18mm
RUNNING —= [==— —{|—=— RUNNING
CLEARANCE CLEARANCE
1400mm
|+——————— CLEAR CAB——————
DEPTH

—~+——813mm DBG ——=|

~————[752mm —

165mn X 165mm

@ RAIL BRCT ACCESS DOOR
£ SEE NOTE [3] ON PAGE 3
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PIT DEPTH 0"
LOAD BEARING WALL (SEE PLANNING GUIDE) *CANNOT HAVE HABITABLE SPACE BELOW PIT*
990mm
838mm
BELOW RAIL FORCES
76mm _ MOUNTING BRACKET ] 76mm THE MOTOR
& -] 5 ] l‘ = FINAL CONSULT YOUR
== : > = RAIL REPRESENTATIVE
- # BRACKET FOR EXACT = N~
LOCATION = &
€ RB3 R1 R2
20— 813 138.2 k 88.2 k
—] mm 2kg 2kg
381
50 INTERMEDIATE INTERVALS RAIL_ASSY
ALTERNATIVE MOUNTING RAIL AFTER WEIGHT;  245ka/m
— 1067 mm OVERALL DIMENSION BRACKET znd BOTTOM
RB2 BRACKET PIT FORCE: R3
MOUNTING BRACKET BOTTOM 991(;"“ PIT FLOOR TO SUPPORT
4 WALL ANCHOR POINTS MIN. PER BRACKET
2 PER SIDE OF RAIL BRACKET CENTER LINE RAIL 1804mm LOAD OF(INCLUDES IMPACT)
PULL OUT FORCE PER FASTENER 69 kg [152 LBS] BRACKET RE1 ABI__CI)_\SEong 2909 kg

ENTRANCE SIDE LEGEND
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70mm

[DOCUMENT REVISION 000, DATE: 2022-03-29

NCC ELEVATOR
ECLIPSE TYPE 1R 1100mmx1400mm
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