ANCHORING OPTIONS: 1/2" ANCHORS, BY OTHERS TYP
FOR HOLLOW WALL CMU: USE HILTI HY 270 w/ 2" MIN SCREEN DEPTH.
FOR CONCRETE: USE HILTI HY 200, 3-1/2" MIN EMBED IN 6" MIN CONCRETE.
OR KB TZ 3-1/2" MIN EMBED IN 6" MIN CONCRETE.
3-1/4" MIN EDGE DISTANCE (TYP) FOR EITHER APPLICATION.
FOR WOOD: LAG WITH 3" MIN EMBED INTO SOLID BLOCKING SECURELY
FASTENED TO STRUCTURE ON EACH END.
FOR EXISTING STRUCTURAL STEEL: 1/2 THRU BOLTS OR
STITCH WELD 3/16" FILLET TOP & BOT.

*CUSTOMER TO ADDRESS TEXT IN MAGENTA

2 ~ 3/8" SELF-TAPPING SCREWS,
TOP & BOTTOM
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BALUSTERS @ GUARD TYPICAL TREAD DETAIL
OMITTED FOR CLARITY

UNIFORM LIVE LOAD 100 psf
CONCENTRATED LIVE LOAD 300 Ibs (OVER 4 SQ IN)

SHOP NOTES:

1. MATERIAL SPECS: STEEL 60"/30
TREADS: CHECKER PLATE 12 ga. A786.
MAIN BALUSTER: 1"0, A513.
CENTER BALUSTER: 1~1"0, A513.
STAIR RAIL: 1-1/2"@ x 0.065, A513.
LANDING: CHECKER PLATE 3/16", A786.
LANDING RAIL: 1-1/2"@ x 0.065, A513.
LANDING BALUSTER: 170, A513.
LANDING RAIL POST: 2"0x 0.065, A513.
COLUMN: 4"@ O.D x 0.135 WALL, A513.
BASE PLATE: 1/4" x 10"Q, A38.
COLUMN CAP: 4" STEEL KNOCK IN.

2, FINISH: GALVANIZE ONLY
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