TORMAX

Yok kkok

TX9200SL AC AUTOMATIC SLIDING DOOR SYSTEM

SINGLE LH OUTSIDE SLIDE APPLICATION (O0—SX)

AUTOMATIC W/ELECTRIC LOCK & FLUSH MOUNT EXIT PANIC HDW
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*SEE APPENDIX FOR THRESHOLD OPTIONS & SURFACE
MOUNT CONCEALED VERTICAL ROD EXIT PANIC HARDWARE SAMPLE PACKAGE WIDTH INFORMATION
OPTION PACKAGE WIDTH | CLEAR DOOR OPENING | PANEL WIDTH EMERGENCY
[uw] (%) [cpo] (*) [PW] (*) BREAKOUT WIDTH (*)
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1. DETAILS NOT TO SCALE 7°=0" [2134] 35 3/8" [899] 41 1/2” [1054] |39” [991]
2. f;g%'i'gf'—s RN OPERATOR BY 8'—0" [2438] 41 3/8" [1051] 47 1/2° [1207] |45° [1143]
ELECTRICAL CONTRACTOR 9'—0" [2743] 47 3/8" [1203] 53 1/2” [1359] |51” [1295]

3.

DOOR PACKAGES ARE INDIVIDUALLY ENGINEERED TO

FIT YOUR JOB REQUIREMENTS

(*) CALCULATIONS BASED ON EQUAL PANELS, 2 J/B” NARROW STILES, & Jﬁ” GLASS
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