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IMOTION 1301 SWING DOOR OPERATOR

SIMULTANEOUS PAIR W/CONTINUOUS HEADER, VISIBLE

NOTES:
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DETAILS NOT TO SCALE.
ELECTRICAL REQUIREMENTS:
120VAC, S5AMPS MIN. TO OPERATOR BY ELECTICAL CONTRACTOR.
DOORS, FRAMES AND HARDWARE BY OTHERS.
32” CLEAR DOOR OPENING REQUIRED TO MEET A.D.A. REQUIREMENTS.
DOORS MUST BE NON-LATCHED FOR PROPER OPERATION.

OPERATOR CAN BE CONFIGURED TO MEET ANSI STANDARDS A156.10 & ANSI A156.19

AUTOMATIC JINSWING, BUTT HUNG AND OFFSET PIVOT APPLICATION
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DOOR OPENING — MIN. BUTT HUNG

60” (1524) MAX 96” (2438)

EQUAL PANELS

1 374*

e

L _

(44>

@-IEIRIZEINTAL SECTION

REV 4/11

TORMAX USA Inc.

Page 1.1.11.1



