
PITCH

14-1/2"

12"

28"

Standard Joint Sand
or Polymeric Sand

Unilock Pavers

Granular Base

Concrete Curb

6x6" W.W.M.,
2" Clear (TYP.)

#4 Rebar, 9" O.C.;
Continuous

3/8" Aggregate Chip Setting
Bed; Crushed, Angular

1/8" Thick by 4" Wide
Galvanized Steel Angle Iron

Stainless Steel Anchor
Bolt; 12" O.C. (TYP.)

3/4" by 12" Long Dowels
@ 12" O.C. (TYP.)

1-1/2" Weep Hole, 12"
O.C.; Fill with 3/8" Chip

PAVERS & WALLSUNILOCK.COM    1-800-UNILOCK

CROSS SECTION

®

Pavers on Chip w/ Concrete Pad, Steel Edge Restraint

P A V I N G  S T O N E REF: CS_COM_Paver_Chip_Bedding_Concrete_Base_Steel_Edge

Note:

This cross section is intended for preliminary design purposes only. Confirm site conditions and consult with a qualified design professional or installer prior to installation.
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