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CROSS SECTION

Permeable Paver Detail - Low Infiltration - Medium Duty with Underdrain

1-1/2" Permeable Setting Bed
Aggregate: Open-Graded, Crushed,
Angular Stone; ASTM No.8

Surface Water Flow

Unilock Permeable Pavers

Permeable Joint Opening Aggregate:
Open-Graded, Crushed, Angular
Stone; ASTM No.8 or 1/8 to 3/16"
Granite Chip (2-5mm)

6" Min. Permeable Base Aggregate: Open
-Graded, Crushed, Angular ASTM No.57

Drivegrid Geogrird or Geotextile

8" Min. Permeable Subbase
Aggregate:Open-Graded, Crushed,
Angular Stone ASTM No.2

3" Infiltration Material Mix: Scarify
Subgrade Surface; Spread Sand,
Till and Compact

PVC Underdrain Pipe; Install
if Infiltration is Less Than
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Note:

This cross section is intended for preliminary design purposes only. Confirm site conditions and consult with a qualified design professional or installer prior to installation.
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