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CROSS SECTION

Permeable to Non-Permeable Paver Transition

Sand or Chip Setting Bed

Concrete Slab

2" (40mm) DIA. PVC Weep Holes
@ 100 SF O.C; Fill With
IDOT CA-16 (TYP.)

Unilock Permeable Pavers

Permeable Joint Opening Aggregate:
Open-Graded, Crushed, Angular Stone;
1/8-3/16" Granite Chip

6x6" W.W.M.

Optilo

Eco-Optiloc A
7

1-1/2" Permeable Setting Bed Aggregate:
Open-Graded, Crushed, Angular Stone;
ASTM No.8

6" MIN. Permeable Base Aggregate:
s Open-Graded, Crushed, Angular
d ASTM No.57
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Note:

This cross section is intended for preliminary design purposes only. Confirm site conditions and consult with a qualified design professional or installer prior to installation.
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