
Subsoil

TopsoilGrade

2-5% Slope

Check local building code. This
seat wall may require a railing

Max 34" (860mm)

Max 16" (140mm)

Lineo Dimensional Stone
1/2" (12mm) setback/course

Open Graded Bedding Course
ASTM No.8 or 9 (HPB)

Unilock Pavers

Open Graded Base
ASTM No.57 (3/4" Clear)

Geogrid Reinforcement

Filter Fabric

Poured Concrete Footer
(Min 4" 100mm Thick)

Unilock Coping

Concrete Adhesive required
between all units

3/16" 94mm) Spacer Strips
are Supplied w/ Product

Lineo Wall Unit

Concrete Adhesive

PAVERS & WALLSUNILOCK.COM    1-800-UNILOCK

L I N E O  S T O N E ®

RAISED PATIO - SETBACK W/ SEAT WALL

REF: Detail_Lineo Dimensional Stone_Raised Patio with Seat Wall_Setback

®

Note:

Railings are required in most jurisdictions where the distance between the highest point and lowest point is greater than 24".

Consult a qualified professional engineer to determine site specific construction details.

Maximum height is typical and will vary from project to project depending on site conditions and load requirements. Geogrid placement, quantity and length may change.

This cross section is intended for preliminary design purposes only.


	Sheets and Views
	Detail_Lineo Dimensional Stone_Raised Patio with Seat Wall_Setback-PDF Layout


