B HERMOSET MEMBRANE

VERSITRIM 300
METAL FASCIA OR
METAL FASCIA BY

OTHERS

60—-MIL CURED EPDM

VERSICO BONDING
ADHESIVE

£PDOM

MIN 8” (15cm) WIDE QA
SEAM TAPE AND EDPM

PRIMER

MEMBRANE

75—MIL REINFORCED

OR 90-MIL / |
NON—REINFORCED

EPDM MEMBRANE, (/
FOR 30 YEAR

WARRANTIES

L/WOOD NAILER BY OTHERS

1-1/2" (38mm) RING SHANK
NAILS @ 68” (15cm) 0.C. MAX.

NOTES:

1. FIELD SPLICES AT THE ANGLE CHANGE
SHALL BE OVERLAID WITH EPDM PRIMER
AND 2 LAYERS OF QUICK—APPLIED
UNCURED EPDM FLASHING PER DETAIL
VGC—2.3.

2. WHEN AIR/VAPOR BARRIER IS NOT
SPECIFIED, THE ROOF MEMBRANE SHALL BE
ADHERED OVER PERIMETER WOOD NAILER
ALONG EDGES TO PREVENT AIR
INFILTRATION ALONG EDCING, REGARDLESS
OF ASSEMBLY TYPE (BALLASTED, ADHERED
AND MECHANICALLY FASTENED).

MAXIMUM WARRANTY: 30 YEARS
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