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VERSICO FASTENER
FILLER LT OF & SEAM FASTENING
BY OTHERS VERSICO REFER TO PLATE, MAX. 12
WARRANTY DETAIL VGC—9.0D  (30cm) O.C.
FOR MEMBRANE
TERMINATION
NOTES:

1. CONTACT MANUFACTURER OF EXISTING EPDM MEMBRANE ROOFING SYSTEM TO VERIFY ACCEPTANCE OF

TIE=IN AND TO NOT VOID EXISTING WARRANTY.

2. PRIOR TO SPLICING, CLEAN EXISTING EPDM MEMBRANE BY SCRUBBING THE SPLICE AREA WITH

WEATHERED MEMBRANE CLEANER; ALLOW TO DRY.

5. WATER CUT—=OFF MASTIC MUST BE HELD UNDER CONSTANT COMPRESSION. WHEN RE—ROOFING OVER
PRE—CAST CONCRETE, APPLY LIBERAL BEAD OF WATER CUT—=OFF MASTIC IN THE JOINTS TO PREVENT

MOISTURE MIGRATION.

MAXIMUM WARRANTY: 30 YEARS
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