STRUT QUANTITY WILL VARY
BASED ON DOOR HEIGHT

OPENING HEIGHT | # OF STRUTS
UPTO7'3" 1
7'4" 7O 101" 2
102" TO 121" 3
130" TO 15'9" 4
150" TO 18'7" 5
18'8" TO 20'0" 6
883 WALL GUIDE
BUILD BUILD |WALLGUIDE| NUMBER | '\ oy | /575 | siors | siora | sioTs | siote | stoT7 | siots | siore | siot1o | siot11 | stor12 | siot13 | sioT1a
HEIGHT (FT) | HEIGHT (IN) | HEIGHT (IN) | OF SLOTS
5 60 87 5 2.00 2000 | 3800 | 6200 | 6800
5.5 66 93 5 2.00 23.00 | 4400 | 68.00 | 74.00
6 72 99 6 2.00 14.00 | 2600 | 5000 | 74.00 | 80.00
6.5 78 106 6 2.00 17.00 | 32.00 | 56.00 | 80.00 | 86.00
84 113 6 2.00 2000 | 3800 | 6200 | 8600 | 92.00
7.5 90 118 6 2.00 23.00 | 4400 | 6800 | 9200 | 98.00
8 % 123 7 2.00 14.00 | 26,00 | 5000 | 7400 | 98.00 | 104.00
8.5 102 129 7 2.00 17.00 | 32.00 | s6.00 | 80.00 | 104.00 | 110.00
9 108 135 7 2.00 2000 | 3800 | 6200 | 8600 | 110.00 | 116.00
9.5 114 143 7 2.00 23.00 | 4400 | 6800 | 9200 | 116.00 | 122.00
10 120 147 3 2.00 14.00 | 2600 | 5000 | 74.00 | 98.00 | 122.00 | 128.00
10.5 126 153 8 2.00 17.00 | 32.00 | 56.00 | 80.00 | 104.00 | 128.00 | 134.00
11 132 159 3 2.00 20.00 | 3800 | 6200 | 8600 | 110.00 [ 134.00 | 140.00
11.5 138 165 3 2.00 23.00 | 4400 | 6800 | 9200 | 116.00 | 140.00 | 146.00
12 144 171 9 2.00 14.00 | 26,00 | 5000 | 74.00 | 98.00 | 122.00 | 146.00 | 152.00
12.5 150 177 9 2.00 17.00 | 32.00 | 56.00 | 80.00 | 104.00 | 128.00 | 152.00 | 158.00
13 156 183 9 2.00 2000 | 3800 | 6200 | 8600 | 110.00 | 134.00 | 158.00 | 164.00
13.5 162 189 9 2.00 23.00 | 4400 | 6800 | 9200 | 116.00 | 140.00 | 164.00 | 170.00
14 168 195 10 2.00 14.00 | 2600 | 5000 | 7400 | 98.00 | 122.00 | 146.00 | 170.00 | 176.00
14.5 174 201 10 2.00 17.00 | 3200 | 5600 | 80.00 | 104.00 | 128.00 | 152.00 | 176.00 | 182.00
15 180 207 10 2.00 2000 | 3800 | 6200 | 8600 | 110.00 | 134.00 | 158.00 | 182.00 | 188.00
15.5 186 213 10 2.00 23.00 | 4400 | 68.00 | 9200 | 116.00 | 140.00 | 164.00 [ 188.00 | 194.00
16 192 219 11 2.00 1400 | 2600 | 5000 | 74.00 | 98.00 | 122.00 | 146.00 | 170.00 | 194.00 | 200.00
16.5 198 225 1 2.00 1700 | 3200 | 5600 | 80.00 | 104.00 | 128.00 | 152.00 | 176.00 | 200.00 | 206.00
17 204 231 11 2.00 2000 | 3800 | 62.00 | 8600 [ 110.00 | 134.00 | 158.00 | 182.00 | 206.00 | 212.00
17.5 210 237 13 2.00 1575 | 2950 | 5350 | 7750 | 10150 | 125.50 | 131.50 | 147.75 | 164.00 | 188.00 | 212.00 | 218.00
18 216 243 13 2.00 1875 | 3550 | 5950 | 8350 | 107.50 | 131.50 | 137.50 | 153.75 | 17000 | 194.00 | 218.00 | 224.00
18.5 222 249 13 2.00 2175 | 4150 | 6550 | 89.50 [ 113.50 | 137.50 | 143.50 | 159.75 | 176.00 | 200.00 | 224.00 | 230.00
19 228 255 13 2.00 2475 | 4750 | 7150 | 9550 | 119.50 | 14350 | 14950 | 165.75 | 182.00 | 206.00 | 230.00 | 236.00
19.5 234 261 14 2.00 1575 | 2950 | 53.50 | 7750 | 101.50 | 125.50 | 149.50 | 155.50 | 17175 | 188.00 | 212.00 | 236.00 | 242.00
20 240 267 14 2.00 1875 | 3550 | 59.50 | 83.50 | 107.50 | 131.50 | 155.50 | 161.50 | 177.75 | 194.00 | 218.00 | 242.00 | 248.00

NOTE: DOOR HEIGHTS FROM 5'0" TO 17'0" ARE NON-SPLICED.
NOTE: DOOR HEIGHTS FROM 17'5" TO 20'0" ARE SPLICED.

15"
r

7.881"—=—

WALL /
GUIDE [
HEIGHT

—
N
a

24" 0.C.

3H—

SLOT 2

SLOT 3

!
33/4"TYP

NO SPLICE JAMB DETAIL
SHOWING 5 SLOTS

ADV-X

f

883 STRUTTED EXTERIOR HIGH SPEED FABRIC DOOR

PROJECT

ARCHITECT

CONTRACTOR

DISTRIBUTOR

PLANT

DIST. DWG. NO.

DATE:

SHEET
20F2

BY:

FORMREV B



	883-PG2
	Model


