
WENGER SUGGESTS 3'-0" MINIMUM
CLEARANCE IN FRONT OF ALL

CABINETS FOR ACCESSIBILITY.

WENGER SUGGESTS THAT
CABINETS NOT BE PLACED
WITHIN THE CLEARANCE
ZONES OF SINGLE AND
DOUBLE DOORS AS SHOWN.
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WENGER SUGGESTS CABINETS BE
OFFSET A MINIMUM OF 2" WHEN

INSTALLED ADJACENT TO EACH OTHER
IN A CORNER FOR UNOBSTRUCTED

ACCESS. THIS ALSO PROVIDES
ADEQUATE SPACE FOR THE INSTALLER

TO CONSTRUCT THE CLOSURE.

VERTICAL CLOSURE PANELS WITH TOP
FILLER PANELS ARE TYPICALLY

INSTALLED WHERE CABINETS MEET IN A
CORNER. ALL VERTICAL CLOSURE PANELS

ARE SET BACK 2" FROM THE CABINET
FACE TO ALIGN WITH THE TOE KICK.
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ULTRASTOR & ACOUSTICABINET - 84" TALL
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WENGER SUGGESTS 4'-0" MINIMUM
CLEARANCE BETWEEN CABINETS

FACE-TO-FACE FOR ACCESSIBILITY.
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FINISHED BACK PANELS ARE APPLIED IN
LOCATIONS WHERE ANY PORTION OF THE
CABINET'S BACK PANEL IS EXPOSED AND
WILL REMAIN VISIBLE.
FINISHED BACK PANELS ARE AN ADDITIONAL
COST, SO CONSIDER AVOIDING LAYOUTS
THAT REQUIRE THEM, IF POSSIBLE.

ACOUSTICABINETS ARE
OFFSET 2.5" FROM THE WALL

TO ACCOMMODATE
ACOUSTICAL INSULATION.
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3'-3 1/4"

2'-5 1/4"

CABINETS MAY BE PLACED ON
THE END, BUT MUST REMAIN

INSET 2" MIN. TO AVOID
EXPOSING A PORTION OF THEIR
UNFINISHED BACK DUE TO THE
ADJACENT CABINETS TOE KICK.
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CABINETS CAN BE INSTALLED FLUSH FRONT
BETWEEN DEEPER CABINETS ON AN AS

NEEDED BASIS. IN THESE INSTANCES, TOP
FILLER PANELS ARE TYPICALLY INSTALLED.

WENGER SUGGESTS A MAXIMUM (3)
CABINETS (OR APPROX. 8' OF CONTINUOUS

CABINETS) BE PULLED FLUSH FRONT. THE
CABINETS WITH THEIR BACKS AGAINST THE
WALL ARE ANCHORED TO THE WALL WHICH

ENSURES STABILITY OF THE BANK. THIS ALSO
AVOIDS LARGE TOP FILLER PANELS WHICH

ARE SUSCEPTIBLE TO SAGGING OVER TIME.
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WENGER SUGGESTS SPREADING OUT CABINETS
WITH THE SAME COMPARTMENT SIZE &

CABINETS WITH DENSE STORAGE TO AVOID
HEAVY TRAFFIC FLOW IN A SINGLE SPACE.

WORK SURFACES SUPPLIED WITH 38" TALL
CABINETS HAVE A MAXIMUM RUNNING
LENGTH OF 94" & RUNNING DEPTH OF 58"
BEFORE REQUIRING A SEAM. ALL REQUIRED
SEAMS MUST LAND WHERE 2 CABINETS MEET.
(SEE "SEAM DETAIL")

END COVER PANELS ARE APPLIED
IN LOCATIONS WHERE ANY

PORTION OF THE CABINET'S SIDE
PANEL IS EXPOSED AND WILL

REMAIN VISIBLE.

WENGER'S DEFAULT APPROACH FOR THE REMAINING SPACE BETWEEN CABINETS AND THE WALL:

1. IF THE SPACE IS 1" OR LESS, THE GAP IS LEFT OPEN. NO END COVER PANEL IS SUPPLIED
SINCE THE CABINET'S SIDE IS CONSIDERED "NOT VISIBLE."

2. IF THE SPACE IS GREATER THAN 1", AN END COVER PANEL IS SUPPLIED.

3. IF THE REMAINING SPACE IS BETWEEN 3" & 12", A VERTICAL CLOSURE PANEL WITH TOP
FILLER PANEL WILL BE SUPPLIED.

4. IF THE REMAINING SPACE IS BETWEEN 12" & 32", WENGER REQUIRES CUSTOMER INPUT AS
TO WHETHER THEY PREFER THE SPACE TO BE CLOSED OR LEFT OPEN.

5. IF THE REMAINING SPACE IS LARGER THAN 32", WENGER LEAVES THE SPACE OPEN.

6. SCRIBING CLOSURES IS OUT OF WENGER'S SCOPE.

E

H

CONSIDER 5' TURN AROUND FOR
ADA WHEN CREATING A LAYOUT

THAT DOES NOT PROVIDE AN
ALTERNATE EXIT PATH.
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71
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ADJUSTABLE SHELF CABINETS ARE SUPPLIED WITH 3 SHELF ROWS BY
DEFAULT. ADDITIONAL SHELVES CAN BE PURCHASED AND INSTALLED AS

REQUIRED. THE SHELF SPACING OPTIONS ARE PREDETERMINED AND WILL
NOT ALWAYS RESULT IN EQUAL SPACING. THE BOTTOM SHELF IS FIXED

AND THERE ARE 8 ADDITIONAL LOCATIONS AVAILABLE ABOVE THAT.
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5'-0"

5'-9 3/4" MAX.
CABINET HEIGHT

HIGH PRESSURE
GREY NEBULA LAMINATE

WENGER NOT RESPONSIBLE TO CAULK
OR OTHERWISE FILL GAPS DUE TO

SEAM TO SEAM; SEAM TO CABINET;
OR SEAM TO WALL PLACEMENT

BLACK EDGEBANDING
TYP. 2 PLACES

PER END
SEAM DETAIL

A-A

7'-1 5/8" MAX.
CABINET HEIGHT

SOFFIT HORIZONTAL
CLOSURE
PANEL

7'-6"
ROUGH

OPENING

SOFFIT DETAIL

WHEN SOFFITS EXIST ABOVE THE
CABINETS, A ROUGH OPENING HEIGHT
OF 7'-6" IS REQUIRED.
(SEE "SOFFIT DETAIL")
WENGER CAN SUPPLY SOFFIT
CLOSURES UP TO 32" TALL.

3'-3 1/2"

7'-1 5/8" MAX.
CABINET HEIGHT

VIEW "I"

I

8'-0"
SOFFIT
HEIGHT

7'-1 5/8" MAX.
CABINET HEIGHT

SOFFIT CLOSURE

LAYOUT SUGGESTIONS
(ULTRASTOR, ACOUSTICABINET, NARROW & ADJUSTABLE SHELF CABINETS) EXAMPLE ELEVATION VIEWS

DETAIL VIEWS
SEAM DETAIL

GENERAL NOTES
WENGER GENERAL NOTES FOR THIS PROJECT:

1.  VERIFICATION OF BUILDING DIMENSIONS TO BE CONFIRMED BY GENERAL CONTRACTOR PRIOR
TO CONSTRUCTION.  PRODUCT IS PREFABRICATED IN STANDARD SIZES.

2.  WALL/FLOOR AREA SPECIFIED FOR PRODUCT INSTALLATION MUST BE FREE OF OBSTRUCTIONS
SUCH AS LIGHT SWITCHES, OUTLETS, HVAC, CLOCKS, SIGNS, ETC.

3.  CLOSURE PANELS IN THE SELECTED COLOR COMBINATION ARE INCLUDED IN BID     PRICE AND
SHOWN AS PER DRAWING.  ALL CHANGES TO APPROVED WENGER LAYOUT ON SITE OR AFTER
INSTALLATION WILL INCUR ADDITIONAL CHARGES.

4.  END COVER PANELS ARE INCLUDED IN BID PRICE AND SHOWN AS PER DRAWING.   SEE
INDIVIDUAL ROOM DRAWING FOR COLOR COMBINATION.

5.  WENGER OFFERS STANDARD COLOR COMBINATIONS AS SHOWN ON CABINETS: COLOR SAMPLE
CARD.  NO OTHER OPTIONS AVAILABLE.

WENGER GENERAL CABINET NOTES:

1.  IN AN AREA WHERE SOFFITS ARE TO BE CONSTRUCTED ABOVE WENGER CABINETS, A ROUGH
OPENING HEIGHT OF 7'-6" IS REQUIRED FOR CABINET INSTALLATION.

2.  CABINET DOORS HAVE LATCHES READY TO RECEIVE STANDARD PADLOCKS.  PADLOCKS ARE NOT
INCLUDED.

WENGER ACOUSTICABINET NOTES:

1.  WATERFALL DESIGN ON GRILLE DOORS MINIMIZE CUBIC VOLUME LOSS AND REDUCE VIBRATION.
2.  ACOUSTICALLY ABSORPTIVE MATERIAL HELPS ELIMINATE SOUND REFLECTION.

WENGER ADJUSTABLE SHELF CABINET NOTES:

1.  ADJUSTABLE SHELF CABINETS ARE NOT AVAILABLE IN FIRE-RATED OR VENEER CORE MATERIAL.
2.  ADJUSTABLE SHELVES AVAILABLE IN 8 VERTICAL LOCATIONS IN EACH COLUMN AND THE HOLES

CANNOT BE MOVES.
3.  SHELVES SHOWN IN ELEVATION ARE A REPRESENTATION OF PLACEMENT ONLY AND NOT MEANT

TO REPRESENT FINAL SHELF PLACEMENT, THE SHELVES ARE ADJUSTABLE AND CAN BE MOVED TO
ANY OF THE 8 LOCATIONS WITH IN THE CABINET AT THE CUSTOMER'S DISCRETION.

4.  SOME SHELF CONFIGURATIONS CANNOT BE SHOWN WITH EQUAL SPACING.

NARROW & ACOUSTICABINET - 84" TALL

ULTRASTOR, NARROW & ACOUSTICABINET - 68" & 38" TALL ADJUSTABLE SHELF: NARROW & ACOUSTICABINET - 84" & 68" TALL

PLAN VIEW

ELEVATION VIEW

1. EACH CABINET BLOCK MUST BE EXPLODED TO SEPARATE THE PLAN VIEW FROM THE ELEVATION VIEW.
2. BEFORE EXPLODING CABINETS #41, #42 AND ALL ADJUSTABLE SHELF CABINETS, NOTICE WHEN
SELECTING THE BLOCK A VISIBILITY PARAMETER (BLUE ARROW) IS AVAILABLE. THIS ALLOWS YOU TO
SELECT ADDITIONAL PRODUCT OPTIONS.
A. THE #41 & #42 CABINETS PROVIDE INTERNAL CONFIGURATION OPTIONS. AFTER MAKING A SELECTION
AND EXPLODING, ADDITIONAL CONFIGURATION OPTIONS MAY BE DISPLAYED. ONCE ALL NECESSARY
OPTIONS HAVE BEEN SELECTED, THE BLOCK WILL EXPLODE TO A STATE WHERE THE PLAN VIEW &
ELEVATION VIEW ARE SEPARATED.
B. THE ADJUSTABLE SHELF CABINETS PROVIDE THE OPTION TO DISPLAY ADDITIONAL ADJUSTABLE SHELF
PACKS, WHICH MUST BE PURCHASED IN ADDITION TO WHAT IS PROVIDED BY DEFAULT.
3. ONCE THE PLAN VIEW AND ELEVATION VIEW HAVE BEEN SEPARATED, USE THE PLAN VIEW'S
VISIBILITY PARAMETER (BLUE ARROW) AS REQUIRED TO DISPLAY THE APPROPRIATE END COVER
PANEL(S).
LH = LEFT HAND
RH = RIGHT HAND
ST = STANDARD
AC = ACOUSTIC

BLOCK USAGE NOTES

SOFFIT DETAIL

PLAN VIEW

ELEVATION VIEW

SINGLE CABINET ISLAND

DOUBLE CABINET ISLAND

WIDTHDEPTH

NOTES:
1. COUNTER TOPS ARE TO HAVE A 1/2" OVERHANG ON THE FRONT.
2. CABINETS ON THE ENDS OF ROWS ARE TO HAVE A 1" OVERHANG.
3. THERE IS TO BE NO OVERHANG OF THE COUNTER TOP ON THE BACK SIDE FOR CABINETS
THAT ARE AGAINST A WALL, THE EXCEPTION IS WHEN A SHALLOWER CABINET IS PLACED  NEXT
TO A DEEPER CABINET (FRONTS OF THE CABINETS ARE TO BE FLUSH).
4. FOR SINGLE CABINET ISLANDS THERE IS TO BE 1/2" TO 1" OF OVERHANG ON THE BACK SIDE.
5. OVERHANG DIMENSIONS ARE TO BE BEYOND END AND BACK COVER PANELS.
6. INCLUDE ONE ISLAND HARDWARE PACK (ITEM 1) FOR EVERY CABINET THAT IS AT THE END OF
A DOUBLE CABINET ISLAND (TO SECURE COUNTER TOP TO CABINET SIDE).
7. INCLUDE ONE ISLAND HARDWARE PACK (ITEM 1) FOR EVERY CABINET IN A SINGLE CABINET
ISLAND (TO SECURE COUNTER TOP TO BACK SIDE OF CABINET).

DETAILS NOTES
WORK SURFACE
REFERENCE

RADIUS "LF"

RADIUS "LB"

RADIUS "RB"

RADIUS "RF"

REF. BRACKET
ISLAND HARDWARE PACK

ADDITIONAL ISLAND CONFIGURATION NOTES
CABINETS CAN BE INSTALLED FLUSH
FRONT BETWEEN DEEPER CABINETS
ON AN AS NEEDED BASIS. IN THESE

INSTANCES, TOP FILLER PANELS ARE
TYPICALLY INSTALLED. WENGER

SUGGESTS A MAXIMUM (3) CABINETS
(OR APPROX. 8' OF CONTINUOUS

CABINETS) BE PULLED FLUSH FRONT.
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1

IF CABINETS PLACED ON THE
END DO NOT REMAIN INSET 2",
FINISHED BACK PANELS CAN BE

USED BUT WILL INCREASE COST.
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ADDITIONAL LAYOUT CONFIGURATION & PRODUCT NOTES

5
12

AVOID CONFIGURATIONS THAT
WILL RESULT IN DOOR BINDING
ISSUES, WHICH CAN LEAD TO
HINGE FAILURE OVER TIME. 5 11

UNLESS SPECIFIED OTHERWISE, WENGER
ASSUMES THE CABINET DOORS TO BE
HINGED LEFT, UNLESS THE CABINET
REQUIRES DOUBLE DOORS.
DOOR SWINGS ARE NOT TYPICALLY SHOWN
IN THE ELEVATION VIEW, HOWEVER WHEN
RIGHT HINGED DOORS ARE REQUIRED,
INDICATE THEM AS SHOWN.

7

CABINETS IN A BACK-TO-BACK
ISLAND SHOULD BE THE SAME

WIDTH/THE SIDE PANELS
SHOULD ALIGN. THIS ENSURES
THE END OF THE ISLANDS ARE

FLUSH & ALLOWS THE CABINETS
TO BE ATTACHED TO EACH

OTHER AS DESIGNED.

ROBE & UNIFORM CABINETS

THIS CABINET CONTAINS ROBE
& UNIFORM OPTIONS
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