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Fire-rated
Signature 800
1 hour fire rated
UL/ULC R21992

ODICE PALUSOL P
INTUMESCENT FIRE SEAL

ODICE FIRE
RESISTANT FOAM 1C

PVC SEAL
EXTRUSION

WELDED
STEEL FRAME

VINYL SEAL EXTRUSION

TRACK
(TRACK TYPE DEPENDS ON MODEL
#23-T TRACK SHOWN FOR CLARITY)

ODICE FIRE
RESISTANT FOAM 1C

MINERAL WOOL

FIRE RESISTANT
BULKHEAD BY OTHERS

24ga STEEL SHEET

ALUMINUM
SEAL EXTRUSION

ALUMINUM
FRAME

ODICE PALUSOL P
INTUMESCENT FIRE SEAL

ALUMINUM
SEAL EXTRUSION

ALUMINUM
FRAME

FIRE RESISTANT
GYPSUM BOARD
24ga OUTER
PANEL SKIN

FLEXILODICE
SA BLACK

VINYL SEAL

ALIGNMENT MOULDING

ODICE PALUSOL P
INTUMESCENT FIRE SEAL

51 mm
[2"]

ODICE 1/4
SUPERWOOL

24ga STEEL
SHEET

FIRE RESISTANT
GYMSUM BOARD

16 mm
[5/8"]

108 mm
[4 1/4"]

ODICE FIRE
RESISTANT FOAM 1C

RECESSED WALL JAMB

ODICE PALUSOL P
INTUMESCENT FIRE SEAL

VINYL SEAL
EXTRUSION ALUMINUM FRAME WITH

TRIMLESS VERTICAL
EDGESTELESCOPIC CLOSURE

ALUMINUM EXTRUSION

VINYL SEAL
EXTRUSION

16 ga STEEL SHEET

FLEXILODICE
SA BLACK
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