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EQUINOX T3-⅓" SOFFIT
 
Premium 10" wide heavy duty soffit 
engineered to perform. Panels 
provide a smooth, flat surface 
and offers the perfect balance of 
aesthetics and performance.

 

 
 
 
 
 
 

Features:
• Triple 3-⅓" profile (10" wide) 
• Premium .045" thickness for extra 

rigidity 
• Deep ½" panel projection for sharp 

definition  
• A Hidden Vent system gives your 

home a clean and stylish look plus 
superior ventilation performance 

Profiles Available:
• Solid
• Hidden Vent 

Specs:
• Length/Pc: 12' (3.66m) 
• Width/Pc: 10" (25.4cm) 
• Panels/Ctn: 20 
• Coverage/Ctn: 200 sq. ft. (18.58 m2) 
• Net Free Air Intake Per Foot:   

Vented 8.4 sq. in.

TRIPLE 4" SOFFIT 
 
U groove designed for greater 
rigidity, delivering outstanding 
performance, quality and durability. 

 
 
 
 
 
 
 
 
 
 
 
Features:
• Triple 4" profile (12" wide) 
• .040" thickness  

Profiles available:
• Solid
• Lanced 
• Perforated 

Specs:
• Length/Pc: 12' (3.66m) 
• Width/Pc: 12" (30.48cm) 
• Coverage/Ctn: 192 sq. ft.  

(17.84 m2) 
• Net Free Air Intake Per Foot:

 { Lanced: Centre Vent 2.4 sq. in.      
Full Vent 7.2 sq. in.

 { Perforated: Centre Vent 1.96 sq. in.  
Full Vent 5.89 sq. in.

DOUBLE 5" SOFFIT 
 
Combines U groove design and 
attractive appearance with the rigidity 
and durability of premium vinyl.

 
 
 
 
 
 
 
 
 
 
 
 
 
Features:
• Double 5" profile (10" wide) 
• .040" thickness 
• Non-ventilated panels may also be 

used as vertical siding accent  

Profiles Available:
• Solid 
• Perforated 

 
Specs:
• Length/Pc: 12' (3.66m)
• Width/Pc: 10" (25.4cm)
• Panels/Ctn: 20
• Coverage/Ctn: 200 sq. ft.  

(18.58 m2) 
• Net Free Air Intake Per Foot: 

Perforated Full Vent 4.2 sq. in.

Soffit is an under appreciated product that handles two roles in the structure of the house. Visually, 
it covers the roof rafters and maintains a clean and decorative appearance. Functionally, it protects the 
rafters from the weather and helps the building to breathe. Soffit provides essential ventilation and air 
movement through the roof structure, eliminating moisture that can cause rotting and decay. Ply Gem 
Soffit will not rot, peel, chip, flake or blister and never needs to be painted.

Proper attic ventilation is very important for any home. If you are using either vented or solid soffit, 
consult local building codes to ensure the appropriate requirements for ventilation are achieved. 
Should you choose to use a solid soffit, ensure that other ventilation products are used to meet 
ventilation requirements for your home.



QUAD 4 SOFFIT (ALUMINUM)
 
16" Wide panel providing greater 
coverage, highly durable, designed 
to hide imperfections providing an 
aesthetically pleasing finishing touch. 

 

Features: 
• Quad 4" profile (16" wide) 
• .013" thickness
 
Profiles Available:
• Solid
• Vented
 
Specs:
• Length/Pc: 12' (3.66m)
• Width/pc: 16" (40.64cm)
• Coverage/Ctn: 288 sq.ft./box  
 (26.76 m2); 2 sq./box
• Net Free Air Intake Per Foot: 
 Vented: 5.16" sq. in.

7" BEADED SOFFIT 

7" wide panel ideal for porch  
ceilings or to cover up larger areas, 
adding character and a traditional 
finishing touch.

 

Features:
• Single 7" wide profile
• .040" thickness
• A Hidden Vent system gives your  
 home a clean and stylish look plus  
 superior ventilation performance 

Profiles Available:
• Solid
• Hidden Vent  

Specs:
• Length/Pc: 12' (3.66m)
• Width/Pc: 7" (17.8cm) 
• Panels/Ctn: 28 
• Coverage/Ctn: 200 sq. ft./box  
 (18.58 m2); 2 sq./box
• Net Free Air Intake Per Foot: 
 Vented 2.66 sq. in.

JAMB-FIT™ SOFFIT 

A durable soffit with an easy to install 
slide lock.
 

Features:
• Double 4" profile (8" wide)  

& Quad 4" profile (16" wide) 
• .040" thickness  

Profiles Available:
• Solid 
• Vented 

Specs 8" Soffit:
• Length/Pc: 12' (3.66m) 
• Width/Pc: 8" (20.32cm) 
• Panels/Ctn: 24 
• Coverage/Ctn: 192 sq. ft. (17.84 m2); 

2 sq./box
• Net Free Air Intake Per Foot: 3.14 

Specs 16" Soffit:
• Length/Pc: 12' (3.66m) 
• Width/Pc: 16" (40.64cm) 
• Panels/Ctn: 12 
• Coverage/Ctn: 192 sq. ft. (17.84 m2); 

2 sq./box 
• Net Free Air Intake Per Foot:  

Vented 6.26 sq. in.

LANCED 
Available in Vinyl and Aluminum

PERFORATED 
Available in Vinyl only

SOLID 
Available in Vinyl and Aluminum
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Due to the printing process colours may not be exactly as shown. Please refer to actual siding samples before making final decisions. Inquire with your distributor to confirm colours and products. 

COLOUR OPTIONS

VINYL SOFFIT

D5" = Double 5" Soffit
T4" = Triple 4" Soffit
B7" = 7" Beaded Soffit
ET3 1/3" = Equinox T3 1/3" Soffit
JF8" = Jamb-Fit™ 8" Soffit
JF16" = Jamb-Fit™ 16" Soffit

† Black Soffit is only available in Solid, T4" Perforated Full and Centre Vent. Quad 4 Aluminum Soffit Solid and Full Vent are available in all the colours listed.

Benefits of Vinyl Soffit: 
• Flexible material • Offered in a variety of profiles  

• Cost effective

ALUMINUM SOFFIT

BONEWHITE BLACK

DARK BRONZEBROWNSTONE CHAMPAGNE

HEARTHSTONEFLAGSTONE

KHAKI BROWNIRON ORE IVORY

ROYAL BROWNMUSKET BROWN ROCKAWAY GREY

SLATE STRATUS

TERRATONE

Benefits of Aluminum Soffit: 
• Non-combustible • Does not attract dirt 

• Rigid material

IVORY
D5", T4"

ASH
D5"

BONE
D5", T4", JF8"

BROWNSTONE
D5", T4", ET3 1/3", JF8"

CLAY
D5"

CYPRESS
D5", T4"

FLAGSTONE
D5", T4"

FROST
D5", T4",  B7", ET3 1/3", 

JF8", JF16" 

HEARTHSTONE
D5", T4", JF8", JF16"

INDIGO
D5", T4"

LITE MAPLE
D5"

NICKEL 
D5", T4"

SAFFRON
D5"

SAGE
D5"

SANDALWOOD
D5", T4"

SANDCASTLE
D5"

SATIN GREY
D5"

STRATUS
D5", T4"

BLACK†
T4"

MUSKET BROWN
T4", ET3 1/3"
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VARIEGATED COLORS FOR VINYL SOFFIT

ARTIC GREY 
D5"

BURNT 
SIENNA 

D5"

FARMHOUSE 
D5"

HEMLOCK 
D5"


