Panel Material: Clear Anodized aluminum.
// // [ ] White polyester primer and top coat.
Section Thickness: 2"
// // Rails: Top and Bottom Rail: 4" face.
Center Rail: 2" face.
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// // door Stiles: End Stiles: 4" face; Center Stiles: 2" face.
height Thru-bolted to rails.
// // Joint Design: Tongue and groove rails.
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height sections
6'-3" to 8'-0" 4
8'-3" to 10'-0" 5 ) )
10-3" to 12'-0" 6
12'-3" to 14'-0" 7
width panels
8'-0" to 9'-5" 2 3 }
9'-6"to 12-11" 3
130" to 16'-5" 4
16'-6" to 18'-2" 5 "o one panel F
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vinyl bottom weather seal
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