Zone Chart for Dimensional References

AREA CHARTS* Guardian™ with Autoset®
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Zone | H | B T D X Y V4
® 1 |15"30" 6-1/2" | 7-1/2" | 3-7/8" | 4-3/8" | 6-1/2"
2 |17"32"| 6-1/2" | 7-1/2" | 3-7/8" | 4-3/8" | 6-1/2"
Opeﬂi}lg "?'Vidﬂl N 3 |19"|34"| 6-1/2" | 7-1/2" | 5" |4-3/8"|6-1/2"
-0 4 |21"36" 6-1/2" | 7-1/2"| 5" |4-3/8"|6-1/2"
5 |15"30" 7" 8" | 4-1/4" | 4-3/4"| 7"
° 6 17" 32" 7" 8" 4_1/ ” 4_3/ ”" 7"
7 19" 34" 7" 8" 5" 4_3/4“ 7"
8 21" 36" 7" 8" 5" 4_3/ ” 7"
Flat Slat 7 9 |15"30" 7-1/2" | 8-12" | 5" |5-1/4"|7-1/2"
* w 0D 10 |17"|32"| 7-1/2" | 8-1/2"| 5" |5-1/4"|7-1/2"
3/4" 11 (19"|34"| 7-1/2" | 8-1/2" | 5" |5-1/4"|7-1/2"
: : = =
—4» x) 12 |21"|36"| 7-1/2" | 8-1/2" | 5" |5-1/4"|7-1/2"
2:1/2" ! 13 |19"|34"| 7-1/2" | 8-1/2"| 5" |5-1/4"|7-1/2"
L 14 |21"|36"| 7-1/2" | 8-1/2"| 5" |5-1/4"|7-1/2"
Curved Slat @ 15 [23"[38"] 7-1/2" | 8-12" | 5" |5-1/4" | 7-1/2"
~— M Consult factory if headroom is critical or for sizes not listed.
m 7}8" 10' 7-1/4"
o +
‘ 2.5/8" X" Dimension Refernences Note: Motor requires 15" of backroom.
I " I Zone 1, 2 & 3 = Opening Width + 7-1/4"
22, 20 & 18 Gauge Steel Slat: Zone 4, 5 & 6 = Opening Width + 8-3/8" *When using Area Charts, if size falls
? uge S Zone 7, 8 & 9 = Opening Width + 9-1/2" on a zone division line, go up to next
05/2006 Copyright 2001 C.H.L Overhead Doors zone.
Door Qty.| Door Width | Door Height | JambType | Model | Exterior Color Motor Operated Firedoor
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