ULTRA [ATH

PRODUCT DIMENSIONS /DESCRIPTIONS PIECES
NUMBER PER BOX
POM2796 ULTRA LATH RUST PROOF SELF FURRING 10
DAMAGE RESISTANT. STANDARD 27°X96"

SHEETS. 24 LBS. PER BUNDLE, 25 BUNDLES PER PALLET

APPLICATION:
FOR EITHER EXTERIOR OR INTERIOR VERTICAL APPLICATION; SHOULD

ONLY BE USED IN NON—RATED ASSEMBLIES. THE SELF—FURRED
RIDGES PROVIDE EXCEPTIONAL KEYING AND ARE APPLIED TOWARDS
THE SUBSTRATE. ULTRA—LATH IS IMPERVIOUS TO SAND OR ANY
HARSH CHEMICALS FOUND IN PORTLAND BASED STUCCO. IT WILL
NEVER RUST. IT MAY BE INSTALLED OVER ANY CODE APPROVED

SUBSTRATE.

SPECIFICATION:

ULTRA—LATH SHALL BE PLASTIC COMPONENTS, INC. #PDM2796. IT
SHALL BE USED WHERE SPECIFIED BY THE ARCHITECT AND
INSTALLED PER INDUSTRY STANDARDS ASTM C10635-99, SBCCI

REPORT # 94182.

ULTRA [ATH
PRODUCT DIMENSIONS /DESCRIPTIONS PIECES
NUMBER PER BOX
MR ULTRA LATH RUST PROOF SELF FURRING 10
DAMAGE RESISTANT PLASTIC LATH. STANDARD 27"X100’
ROLL. 25 YDS. PER ROLL.

STRIP LATH

PRODUCT DIMENSIONS /DESCRIPTIONS PIECES
NUMBER PER BOX

RUST PROOF SELF FURRING
DAMAGE RESISTANT ULTRA LATH.

STRIPS OF PLASTIC LATH.

PDM3 3" X 96”7 50
PDM4 4" X 96" 50
FDM6 6" X 96”7 50
PDM8 8" X 96”7 50

FPDM10 10" X 96" 50
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U.S. PATENT #'S 5,287,673;
SBCCI REPORT #94182

U.S. PATENT #'S 5,287,673,
SBCCI REPORT #94182
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