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3" (76mm) MIN
SPLICE

.

6” (152mm) WIDE QUICK
APPLIED RTS

VERSICO BONDING ADHESIVE

VERSICO SEAM FASTENING
PLATE & FASTENER.

EPDM PRIMER

VERSICO BONDING ADHESIVE

EPDM PRIMER
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NOTE:

1. AS AN OPTION, 6"
(152mm) WIDE QUICK
APPLIED RTS MAY BE
FASTENED INTO THE
VERTICAL SUBSTRATE, SEE
DETAIL VGC—12.1.

FORM PIG EAR WITH
CONTINUOUS MEMBRANE AT
CORNER AS SHOWN

CUT & REMOVE EXCESSIVE
MEMBRANE

37 (76mm) MIN.
SPLICE

6” (152mm) WIDE QUICK
APPLIED UNCURED EPDM
FLASHING IN CONJUNCTION
WITH EPDM PRIMER
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INSIDE CORNER WITH
RTS (OPTION 2)

E—  £POM MEMBRANE
P —= APPROVED SUBSTRATE

—s SEE NOTE(S)

THERMOSET
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